
SIEMENS Which connectors and cables are
available for distributed I/Os ET 200eco and ET 200pro?

Entry-ID: 50102465

Repair switch- and shutdown modules 

modules order number
3RK1304-0HS00*

modules in particular order number modules in particular order number

repair switch module
3RK1304-0HS00-6AA0

Safety local
repair switch module 3RK1304-0HS00-7AA0
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SIEMENS Which connectors and cables are
available for distributed I/Os ET 200eco and ET 200pro?

Entry-ID: 50102465

Interfaces order number Interfaces order number

Port X01   HAN Q4/2 (male) Port X01   HAN Q4/2 (male)
plug plug

5 contact females / 2,5 mm² 
2 contact females / 0,5 mm²

3RK1911-2BE50

5 contact females / 2,5 mm² 
2 contact females / 0,5 mm²

3RK1911-2BE50

5 contact females / 4 mm²
2 contact females / 0,5 mm²

3RK1911-2BE10
5 contact females / 4 mm²
2 contact females / 0,5 mm²

3RK1911-2BE10

5 contact females / 6 mm²
2 contact females / 0,5 mm²

3RK1911-2BE30

5 contact females / 6 mm²
2 contact females / 0,5 mm²

3RK1911-2BE30

energy strapping plug 3RK1922-2BQ00 energy strapping plug 3RK1922-2BQ00
one-sided assembled cable one-sided assembled cable

1,5 m 3RK1911-0DF13 1,5 m 3RK1911-0DF13
5,0 m 3RK1911-0DF33 5,0 m 3RK1911-0DF33

Port X02   HAN Q4/2 (female) Port X02   HAN Q4/2 (female)
plug plug

4 contact males / 2,5 mm² 3RK1911-2BF50 4 contact males / 2,5 mm² 3RK1911-2BF50
4 contact males / 4 mm² 3RK1911-2BF10 4 contact males / 4 mm² 3RK1911-2BF10

(10 units) 3RK1902-0CJ00 end cap for energybus (10 units) 3RK1902-0CJ00
(1 unit) 3RK1902-0CK00 (1 unit) 3RK1902-0CK00

energy strapping plug 3RK1922-2BQ00 energy strapping plug 3RK1922-2BQ00

energy power supply cord
angled, 4 x 4 mm²

energy power supply cord
angled, 4 x 4 mm²

end cap for energybus

energy forwarding plug
consisting of grommet, 
angled exit, incl. screw 
joints

energy connector socket
consisting of grommet, 
angled exit, pin insert

energy connector socket
consisting of grommet, 
angled exit, pin insert

energy forwarding plug
consisting of grommet, 
angled exit, incl. screw 
joints
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SIEMENS Which connectors and cables are
available for distributed I/Os ET 200eco and ET 200pro?

Entry-ID: 50102465

Port X03   HAN Q4/2 (female) Port X03   HAN Q4/2 (female)
plug plug

4 contact males / 2,5 mm² 3RK1911-2BF50 4 contact males / 2,5 mm² 3RK1911-2BF50
4 contact males / 4 mm² 3RK1911-2BF10 4 contact males / 4 mm² 3RK1911-2BF10

(10 units) 3RK1902-0CJ00 (10 units) 3RK1902-0CJ00
(1 unit) 3RK1902-0CK00 (1 unit) 3RK1902-0CK00

energy strapping plug 3RK1922-2BQ00 energy strapping plug 3RK1922-2BQ00

M12 (female) IN 1 - IN 4 
nonassembled plug

assembled cabel

end cap for not used M12-
ports

end cap for energybus

3RX9 802-0AA00
3RK1901-1KA00

3RK1 902-4BA00-5AA0

3RK1 902-4PB15-3AA0

energy forwarding plug
consisting of grommet, 
angled exit, incl. screw 
joints

end cap for energybus

M12-plug, 5-pin, max. 
0,75mm², spring clips

M12 plug line (PUR jacket), 
assembled double-sided 
with female and male, 3 x 
0,34 mm²

1,5 m 

energy forwarding plug
consisting of grommet, 
angled exit, incl. screw 
joints
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SIEMENS Which connectors and cables are
available for distributed I/Os ET 200eco and ET 200pro?
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modules in particular order number

400 V-shutdown module 3RK1304-0HS00-8AA0

Interfaces order number

Port X01   HAN Q4/2 (male)
plug

5 contact females / 2,5 mm² 
2 contact females / 0,5 mm²

3RK1911-2BE50

5 contact females / 4 mm²
2 contact females / 0,5 mm²

3RK1911-2BE10

5 contact females / 6 mm²
2 contact females / 0,5 mm²

3RK1911-2BE30

energy strapping plug 3RK1922-2BQ00

one-sided assembled cable

energy connector socket
consisting of grommet, 
angled exit, pin insert
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1,5 m 3RK1911-0DF13
5,0 m 3RK1911-0DF33

1,5 m 3RK1 911-0DC13
5,0 m 3RK1 911-0DC33

Port X02   HAN Q4/2 (female)

plug
4 contact males / 2,5 mm² 3RK1911-2BF50
4 contact males / 4 mm² 3RK1911-2BF10

(10 units) 3RK1902-0CJ00
(1 unit) 3RK1902-0CK00

energy strapping plug 3RK1922-2BQ00

energy forwarding plug
consisting of grommet, 
angled exit, incl. screw 
joints

end cap for energybus

energy power supply cord
angled, 4 x 4 mm²

energy power supply
one-sided assembled with 
„N“ and stud pin 11 and 12 
for plug monitoring with 
HAN Q4/2, angled; one-
sided open;  5 x 4 mm²
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