
SIEMENS Which connectors and cables are
available for ditributed I/O ET 200pro?

Entry-ID: 50102465

Expansion modules CM 
IO 4 x M12

CM 
IO 4 x M12 

P

CM 
IO 4 x M12

 Invers

CM 
IO 8 x M12

CM 
IO 8 x M12 

P

CM 
IO 8 x M12 

D

CM 
IO 8 x M8

CM 
IO 2 x M12

CM 
IO 1 x M23

EM141  8 DI DC 24V x x x x x x x
EM141  8 DI DC 24V HF x x x x x
EM141  16 DI DC 24V x
EM142  4 DO DC 24V, 2,0A x x x x x x
EM142  4 DO DC 24V, 2,0A HF x x x x
EM142  8 DO DC 24V, 0.5A x x x x x x x
EM143  4 DIO / 4 DO DC 24V, 0.5A x
EM143  4 DI / 4 DO DC 24V, 0.5A x x x x x x x
EM144 4 AI U HF x
EM144 4 AI I HF x
EM144 4 AI RTD HF x
EM144 4 AI TC HF x
EM145 4 AO U HF x
EM145 4 AO I HF x
Terminal modules

CM IO 8 x M12 6ES7194-4CB00-0AA0 CM IO 8 x M12 P 6ES7194-4CB10-0AA0

6ES7144-4PF00-0AB0
6ES7145-4FF00-0AB0
6ES7145-4GF00-0AB0

order number Terminal modules order number

6ES7142-4BF00-0AA0
6ES7143-4BF00-0AA0
6ES7143-4BF50-0AA0
6ES7144-4FF01-0AB0
6ES7144-4GF01-0AB0
6ES7144-4JF00-0AB0

Expansion modules

order number

6ES7141-4BF00-0AA0
6ES7141-4BF00-0AB0
6ES7141-4BH00-0AA0
6ES7142-4BD00-0AA0
6ES7142-4BD00-0AB0
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SIEMENS Which connectors and cables are
available for ditributed I/O ET 200pro?

Entry-ID: 50102465

Interfaces

Non-assembled connectors

Non-assembled cables
Control cable, 5-core Power line

Pre-assembled cables
1,5m 1,5m
5m 5m
10m 10m

0,5 m 0,5 m
1,0 m 1,0 m
1,5 m 1,5 m
2,0 m 2,0 m
3,0 m 3,0 m
5,0 m 5,0 m
10,0 m 10,0 m
15,0 m 15,0 m

M12 cover caps
M12 cover caps

6XV1801-2CN15 6XV1801-2CN15
3RX9 802-0AA00 3RX9 802-0AA00
3RK1901-1KA00 M12 cover caps 3RK1901-1KA00

M12 cover caps

6XV1801-2CH30 6XV1801-2CH30
6XV1801-2CH50 6XV1801-2CH50
6XV1801-2CN10 6XV1801-2CN10

M12 connecting cable (PUR sheath), 
pre-assembled at both ends with 
socket and plug connector, 5 x 0,25 
mm2

6XV1801-2CE50 M12 connecting cable (PUR 
sheath), pre-assembled at 
both ends with socket and 
plug connector, 5 x 0,25 mm2

6XV1801-2CE50
6XV1801-2CH10 6XV1801-2CH10
6XV1801-2CH15 6XV1801-2CH15
6XV1801-2CH20 6XV1801-2CH20

M12 connecting cable (PUR sheath), 
pre-assembled at both ends with 
socket and plug connector, 3 x 0.34 
mm2

3RK1 902-4PB15-3AA0 3RK1 902-4PB15-3AA0
6GT2 891-4MH50 6GT2 891-4MH50
6GT2 891-4MN10 6GT2 891-4MN10

M12 connecting cable (PUR 
sheath), pre-assembled at 
both ends with socket and 
plug connector, 3 x 0.34 mm2

6XV1801-2C Control cable, 5-core Power 
line

6XV1801-2C
Non-assembled cables

3RK1 902-4BA00-5AA0

M12 connector, 5-pin, max. 0.5mm2 6GK1908-0DB10-6AA0 6GK1908-0DB10-6AA0M12 connector, 5-pin, max. 
0.5mm2

X1 to X8   M12 (socket, 5-pin) X1 to X8   M12 (socket, 5-pin)
Non-assembled connectors

M12 connector, 5-pin, max. 
0.75mm2. screw terminals

3RK1 902-4BA00-5AA0 M12 connector, 5-pin, max. 
0.75mm2. screw terminals

order number Interfaces order number

vorkonfektionierte Kabel
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SIEMENS Which connectors and cables are
available for ditributed I/O ET 200pro?

Entry-ID: 50102465

Terminal modules

CM IO 4 x M12

Interfaces

Non-assembled connectors

Non-assembled cables
Control cable, 5-core Power line

Pre-assembled cables
1,5m 1,5m
5m 5m
10m 10m

0,5 m 0,5 m
1,0 m 1,0 m
1,5 m 1,5 m
2,0 m 2,0 m
3,0 m 3,0 m
5,0 m 5,0 m
10,0 m 10,0 m
15,0 m 15,0 m
1,5 m 1,5 m
5m 5m

6XV1801-2CN15 6XV1801-2CN15
M12 connecting cable (PUR sheath), 
5 x 0,34 mm2, one end with plug 

3RK1 902-4HB15-5AA0 M12 connecting cable (PUR 
sheath), 5 x 0,34 mm2, one 

3RK1 902-4HB15-5AA0
3RK1 902-4HB50-5AA0 3RK1 902-4HB50-5AA0

6XV1801-2CH30 6XV1801-2CH30
6XV1801-2CH50 6XV1801-2CH50
6XV1801-2CN10 6XV1801-2CN10

M12 connecting cable (PUR sheath), 
pre-assembled at both ends with 
socket and plug connector, 5 x 0,25 
mm2

6XV1801-2CE50 M12 connecting cable (PUR 
sheath), pre-assembled at 
both ends with socket and 
plug connector, 5 x 0,25 mm2

6XV1801-2CE50
6XV1801-2CH10 6XV1801-2CH10
6XV1801-2CH15 6XV1801-2CH15
6XV1801-2CH20 6XV1801-2CH20

M12 connecting cable (PUR sheath), 
pre-assembled at both ends with 
socket and plug connector, 3 x 0.34 
mm2

3RK1 902-4PB15-3AA0 M12 connecting cable (PUR 
sheath), pre-assembled at 
both ends with socket and 
plug connector, 3 x 0.34 mm2

3RK1 902-4PB15-3AA0
6GT2 891-4MH50 6GT2 891-4MH50
6GT2 891-4MN10 6GT2 891-4MN10

6XV1801-2C Control cable, 5-core Power 
line

6XV1801-2C
Non-assembled cables

vorkonfektionierte Kabel

M12 connector, 5-pin, max. 0.5mm2 6GK1908-0DB10-6AA0 M12 connector, 5-pin, max. 
0.5mm2

6GK1908-0DB10-6AA0

M12 connector, 5-pin, max. 
0.75mm2. screw terminals

3RK1 902-4BA00-5AA0 M12 connector, 5-pin, max. 
0.75mm2. screw terminals

3RK1 902-4BA00-5AA0

X1 to X4    M12 (socket, 5-pin) X1 to X4    M12 (socket, 5-pin)

order number Interfaces order number

6ES7194-4CA00-0AA0 CM IO 4 x M12 P 6ES7194-4CA10-0AA0

Terminal modules order numberorder number

Non-assembled connectors
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SIEMENS Which connectors and cables are
available for ditributed I/O ET 200pro?

Entry-ID: 50102465

10m 10m

Y cable for dual connection of I/O 6ES7194-6KA00-0XA0

M12 cover caps
M12 cover caps

3RX9 802-0AA00
3RK1901-1KA00

6ES7194-4AB00-0AA0 M12 cover caps 3RX9 802-0AA00
M12 cover caps 3RK1901-1KA00

6ES7194-6KA00-0XA0 Y cable for dual connection of 
I/O

angled (one end plug, one end open 
cable)

end with plug angled (one end 
plug, one end open cable)

3RK1 902-4HC01-5AA0 3RK1 902-4HC01-5AA0

Compensation connector M12 of 
thermocouples
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SIEMENS Which connectors and cables are
available for ditributed I/O ET 200pro?

Entry-ID: 50102465

Terminal modules

CM IO 8 x M12 D

Interfaces

Non-assembled connectors

Non-assembled cables
Control cable, 5-core Power line

Pre-assembled cables
1,5m 1,5m
5m 5m
10m 10m 6GT2 891-4MN10

Pre-assembled cables
M12 connecting cable (PUR sheath), 
pre-assembled at both ends with 
socket and plug connector, 3 x 0.34 

3RK1 902-4PB15-3AA0 M12 connecting cable (PUR 
sheath), pre-assembled at 
both ends with socket and 

3RK1 902-4PB15-3AA0
6GT2 891-4MH50 6GT2 891-4MH50
6GT2 891-4MN10

Non-assembled cables
6XV1801-2C Control cable, 5-core Power 

line
6XV1801-2C

M12 connector, 5-pin, max. 0.5mm2 6GK1908-0DB10-6AA0 M12 connector, 5-pin, max. 
0.5mm2

6GK1908-0DB10-6AA0

M12 connector, 5-pin, max. 
0.75mm2. screw terminals

3RK1 902-4BA00-5AA0 M12 connector, 5-pin, max. 
0.75mm2. screw terminals

3RK1 902-4BA00-5AA0

X1 to X8   M12 (socket, 5-pin) X1 to X4    M12 (socket, 5-pin)
Non-assembled connectors

order number Interfaces order number

order number Terminal modules order number

6ES7194-4CB50-0AA0 CM IO 4 x M12 Invers 6ES7194-4CA50-0AA0
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SIEMENS Which connectors and cables are
available for ditributed I/O ET 200pro?

Entry-ID: 50102465

0,5 m 0,5 m
1,0 m 1,0 m
1,5 m 1,5 m
2,0 m 2,0 m
3,0 m 3,0 m
5,0 m 5,0 m
10,0 m 10,0 m
15,0 m 15,0 m

Y cable for dual connection of I/O 1,5 m
M12 cover caps 5m
M12 cover caps 10m

3RX9 802-0AA00
3RK1901-1KA00

M12 cover caps 3RK1901-1KA00
M12 cover caps 3RX9 802-0AA00

6XV1801-2CN10 6XV1801-2CN10
6XV1801-2CN15 6XV1801-2CN15
6ES7194-6KA00-0XA0 M12 connecting cable (PUR 

sheath), 5 x 0,34 mm2, one 
end with plug angled (one end 
plug, one end open cable)

3RK1 902-4HB15-5AA0
3RK1 902-4HB50-5AA0
3RK1 902-4HC01-5AA0

6XV1801-2CH15
6XV1801-2CH20 6XV1801-2CH20
6XV1801-2CH30 6XV1801-2CH30
6XV1801-2CH50 6XV1801-2CH50

M12 connecting cable (PUR sheath), 
pre-assembled at both ends with 
socket and plug connector, 5 x 0,25 
mm2

6XV1801-2CE50 M12 connecting cable (PUR 
sheath), pre-assembled at 
both ends with socket and 
plug connector, 5 x 0,25 mm2

6XV1801-2CE50
6XV1801-2CH10 6XV1801-2CH10
6XV1801-2CH15

mm2 plug connector, 3 x 0.34 mm2
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SIEMENS Which connectors and cables are
available for ditributed I/O ET 200pro?

Entry-ID: 50102465

Terminal modules

CM IO 1 x M23

Interfaces

M23 connector, 12-pin (auf Anfrage)

6ES7194-4FA00-0AA0 CM IO 8 x M8

X1   M23 (socket, 12-pin) X1 to X8   M8 (socket, 3-pin)
M8 cover caps 3RK1 901-1PN00

order number Interfaces order number

6ES7194-4EB00-0AA0

order number Terminal modules order number
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SIEMENS Which connectors and cables are
available for ditributed I/O ET 200pro?

Entry-ID: 50102465

Terminal modules

CM IO 2 x M12

Interfaces

M12 cover caps
M12 cover caps

3RX9 802-0AA00
3RK1901-1KA00

X1 / X2   M12 (socket, 8-pin)
M12 plug connector, 8-pin, 
0.75mm2. screw terminal

(on request)

order number

6ES7194-4FB00-0AA0

order number
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