SIEMENS

Which connectors and cables are
available for distributed 1/0 ET 200pro?

Power module

Power module

order number

PM-E DC 24V

6ES7148-4CA00-0AA0

Entry-ID: 50102465

Connection modules

order number
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order number
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SIEMENS Which connectors and cables are Entry-ID: 50102465
available for distributed 1/0 ET 200pro?
Interfaces order number Interfaces order number

X01 7/8" (pin)

X01 7/8" (pin)

Non-assembled connectors

Non-assembled connectors

7/8" connector 180 with socket
insert

6GK1 905-0FB00

Power M12 Cable Connector
PRO (L-coded),

6GK1906-0EB0OO

7/8" connector angled with
socket insert

3RK1902-3DA00

Non-assembled cables

Non-assembled cables

Energy Cable, 4-pin, power line,
braid, 4x 1,5 mm2

6XV1801-2B

Energy Cable, trailable, 5 x 1.5

6XV1 830-8AH10

Pre-assembled cables

mm2 Power Connecting Cable M12- |0,5m [6XV1801-6DE50
Pre-assembled cables 180/M12-180 for power supply of |1,0 m [6XV1801-6DH10
7/8" connecting cable for 0,3m [6XV1 822-5BE30 the ET 200, pre-assembled cable (1,5 m |6XV1801-6DH15
supplying trailable energy cable, |0,5m |6XV1 822-5BE50 with M12 plug and M12 socket, L-|2,0 m |6XV1801-6DH20
5 x 1.5 mm2, both ends with 7/8" [1,0m |6XV1 822-5BH10 coded, 4-pin 3,0m |6XV1801-6DH30
connectors 180 (one end socket, |[1.5 m |6XV1 822-5BH15 5,0 m |6XV1801-6DH50
one end pin) 2.0 m |[6XV1 822-5BH20 10,0 m |[6XV1801-6DN10
3.0m [6XV1 822-5BH30 15,0 m |6XV1801-6DN15
5.0 m |6XV1 822-5BH50 Power Connecting Cable M12- 0,5 m [6XV1801-6GE50
10.0 m |6XV1 822-5BN10 90/M12-90 for power supply of |1,0m |6XV1801-6GH10
15.0 m |6XV1 822-5BN15 the ET 200, pre-assembled cable [1,5 m |6XV1801-6GH15
7/8" connecting cable for 1.5m [6XV1 822-5BH15-0SB0 with M12 plug and M12 socket, L-{2,0 m |6XV1801-6GH20
supplying trailable energy cable, (2.0 m |6XV1 822-5BH20-0SB0 coded, 4-pin 3,0m |[6XV1801-6GH30
5x 1.5 mm2. at both ends with  |3.0 m |3RK1902-3NB30 50m |6XV1801-6GH50
7/8" connectors angled (one end [5.0 m |3RK1902-3NB50 10,0 m [6XV1801-6GN10
socket, one end pin) 10.0 m |[3RK1902-3NC10 15,0 m [6XV1801-6GN15
15.0 m [6XV1 822-5BN15-0SB0
7/8" connecting cable for 3,0 m [3RK1902-3GB30
supplying trailable energy cable, |5,0 m |3RK1902-3GB50
5 x 1.5 mm2, one end with 7/8" |10,0 m |3RK1902-3GC10

connector angled (one end
socket, one end open cable)
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SIEMENS

Which connectors and cables are
available for distributed 1/0 ET 200pro?

Entry-ID: 50102465

Connection modules

order number

Connection modules

order number

CM PM ECOFAST

6ES7 194-4BA00-0AAQ

CM PM PP

6ES7 194-4BE00-0AAQ
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Interfaces order number Interfaces order number

X01 Ecofast (pin)

X01IN PP (pin)

Non-assembled connectors

Non-assembled connectors

PROFIBUS ECOFAST Hybrid
Plug 180 with socket insert

6GK1 905-0CB00

Push-pull connection plugs for
1L+/ 2L+ with socket insert

6GK1907-0AB10-6AA0

PROFIBUS ECOFAST Hybrid
Plug angled with socket insert

6GK1 905-0CD00

Pre-assembled cables

Non-assembled cables

PROFIBUS ECOFAST Hybrid
Cabile, trailing cable (PUR
sheath)

Push-pull connecting cables for
1L+/ 2L+, pre-assembled, at both

(on request)

20m |6XV1 830-7AN20 ends with socket insert
50m |6XV1 830-7AN50
100 m |6XV1 830-7AT10 X02 OUT PP (pin)

PROFIBUS ECOFAST Hybrid
Cable, trailing cable (PUR
sheath); sold by the meter

6XV1 830-7AH10

Non-assembled connectors

Push-pull connection plugs for
1L+/ 2L+ with socket insert

6GK1907-0AB10-6AA0

PROFIBUS ECOFAST Hybrid
Cable GP trailing cable (PVC
sheath); sold by the meter

6XV1 860-2P

Pre-assembled cables
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Push-pull connecting cables for
1L+/ 2L+, pre-assembled, at both
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SIEMENS

Which connectors and cables are

available for distributed 1/0 ET 200pro?

PROFIBUS ECOFAST Hybrid
Cable GP, trailing cable (PVC
sheath)

20 m

6XV1 860-4PN20

ends with socket insert

Entry-ID: 50102465

50 m

6XV1 860-4PN50

Push-pull cover caps

6ES7194-4JA50-0AA0

100 m

6XV1 860-4PT10

Pre-assembled cables

Connection modules

order number

PROFIBUS ECOFAST Hybrid
Cable, trailable (PUR sheath),
pre-assembled at both ends with
ECOFAST Hybrid Plug180

0,5m

6XV1 830-7BH05

1,0m

6XV1 830-7BH10

CM PM Direct

6ES7 194-4BCO0-0AAD

1.5m

6XV1 830-7BH15

3.0m

6XV1 830-7BH30

50m

6XV1 830-7BH50

10.0 m

6XV1 830-7BN10

15.0m

6XV1 830-7BN15

200m

6XV1 830-7BN20

250m

6XV1 830-7BN25

300 m

6XV1 830-7BN30

350m

6XV1 830-7BN35

40.0m

6XV1 830-7BN40

45.0m

6XV1 830-7BN45

50.0 m

6XV1 830-7BN50

b,

\Heavy-gauge

ithreaded joints

PROFIBUS ECOFAST Hybrid
Cable GP, trailable (PVC
sheath),

pre-assembled at both ends with
ECOFAST Hybrid Plug180

0,5m

6XV1 860-3PH05

1,0m

6XV1 860-3PH10

Interfaces

order number

1.5m

6XV1 860-3PH15

3.0m

6XV1 860-3PH30

Heavy-gauge threaded joints

50m

6XV1 860-3PH50

Non-assembled cables

10.0m

6XV1 860-3PN10

15.0m

6XV1 860-3PN15

Energy Cable, trailable, 5 x 1.5

mm?2

6XV1 830-8AH10

200m

6XV1 860-3PN20

250m

6XV1 860-3PN25

300 m

6XV1 860-3PN30

350m

6XV1 860-3PN35

40.0 m

6XV1 860-3PN40

45.0m

6XV1 860-3PN45

50.0m

6XV1 860-3PN50
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