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2. Step7 S7-300/400 PLC   

 

PC-Adapter(RS232)  6ES7 972-0CA23-

0XA0  
MPI/Profibus RS232  

PC-Adapter(USB)  6ES7 972-0CB20-

0XA0  
MPI/Profibus  

CP5511  6GK1 5511AA00  
MPI/Profibus 

/PPI/FWL  

MPI (6ES7 

901-0BF00-0AA0)  

CP5512  6GK1 5512AA00  
MPI/Profibus 

/PPI/FWL  

MPI (6ES7 

901-0BF00-0AA0)  

CP5611  6GK1 5611AA00  
MPI/Profibus 

/PPI/FWL  

MPI (6ES7 

901-0BF00-0AA0)  

 

1 CP5512 Step7 V5.2  

2  

3.  

3.1 PC-Adapter  

3.1.1 PC-Adapter  

PC-Adapter USB  RS232 

USB Step7 

 

Welcome 



 

 

 

 

 

 



 

 

 

 

 

Step7 PC-Adapter  

USB USB PC-Adapter USB 

 

3.1.2 RS232 PC-Adapter  

1 RS232 PC-Adapter PLC PC-Adapter RS232 

MPI/DP CPU MPI DP CPU

PC-Adapter 



CPU PC-Adapter Power Step7 Power 

Active  

2 RS232 PC-Adapter Step7 “SIMATIC Manager ”

“Options” “Set PG/PC Interface”  

 

CPU MPI S7ONLINE (STEP7) -> 

PC-Adapter(MPI) MPI   

 

MPI PG/PC  

MPI  

CPU  MPI 

CPU MPI 187.5Kbps 19.2Kbps 



PG/PC PLC 

“Local Connection”   

 

COM  

 

PC-Adapter 

Step7 ” 2 

“OK” Step7  



 

“OK” PG/PC Interface PC CPU PC-

Adapter Power Active  

CPU Profibus  

S7ONLINE (STEP7) -> PC-Adapter(PROFIBUS)

Profibus   

 

Profibus PG/PC  

Profibus  

 

CPU DP CPU DP  

1.5Mbps 187.5Kbps  

PG/PC PLC  

“Local Connection” MPI  

PC-Adapter CPU DP  

PC-Adapter Power Active  

PC-Adapter CPU MPI DP CPU 



MPI DP “PG/PC 

Interface” S7ONLINE (STEP7) -> PC-Adapter(Auto)

“Local Connection ”  

 

PC-Adapter 

Step7 ” PG/PC 

PLC “Local Connection”

 

 

Step7 CPU  



Step7 CPU   

 

CPU “PC-

Adapter(Auto) ”  

3.1.3 USB PC-Adapter  

 1 USB  PC-Adapter PLC PC-Adapter USB  

 USB MPI/DP CPU MPI DP CPU  

  

 CPU PC-Adapter MPI/Power /USB Step7 Power  

 MPI USB  

2 USB PC-Adapter Step7 USB PC-Adapter  

RS232 “Local Connection”  

USB  



 

RS232 PC-Adapter  

 

RS232 PC-Adapter USB PC-Adapter  

USB RS232 RS232  

PC-Adapter  

3.2 CP5611  

3.2.1 CP5611  

CP5611 CP5611 

CP5611 PCI PCI 32 

PCI V2.1 33MHz DP 166MHz 

CP5611 Step7 Step7 CP5611 

  

     http://support.automation.siemens.com/CN/view/zh/13654902 



3.2.2 CP5611  

CP5611 Step7 CP5611 

Step7 “Set PG/PC Interface…”

CP5611 Step7 “Set PG/PC 

Interface … ” CP5611 Step7 

PCI CP5611 CP5611

Step7 “Set PG/PC Interface …” CP5611 

 

 

CP5611  

 



 

3.2.3 CP5611  

CP5611 Step7  

 

“Set PG/PC Interface …”  

 

“PROFIBUS/MPI Network Diagnostics”  

CP5611 OK  

 

 

CP5611  



 

 

“Error 0x031a ” “Set PG/PC Interface …”

PG/PC  

 

OK. CP5611 “Hardware ”

CP5611 

OK  



 

CP5611  

3.2.4 CP5611 Step7  

CP5611 CPU MPI Profibus CPU 

CP5611 “SIMATIC Manager ” “Options”

“Set PG/PC Interface…”   

 



CPU MPI S7ONLINE 

(STEP7) -> CP5611(MPI) MPI 

MPI MPI  

 

CPU MPI 

CPU MPI 187.5Kbps 19.2Kbps 

PG/PC PLC 

CPU CP5611 

  



 

2 “OK” Step7  

 

“OK” PG/PC Interface PC CPU  

CP5611  

CPU Profibus   

S7ONLINE (STEP7) -> CP5611(PROFIBUS)  

Profibus  



 

Profibus PG/PC  

Profibus  

 

CPU DP CPU DP  

1.5Mbps 187.5Kbps  

PG/PC  

PLC MPI  

2 “OK” Step7  

 



“OK” PG/PC Interface PC CPU  

CP5611  

CP5611 CPU MPI DP CPU 

MPI DP 

“PG/PC Interface” S7ONLINE (STEP7) -> 

CP5611(Auto) Step7 

CPU Step7 CPU  

 

 

 

 

CPU 

“CP5611(Auto) ”  

CP5611 CPU200 Step7 MicroWin Vx.x 



“PG/PC Interface” , 

S7ONLINE (STEP7) -> CP5611(PPI) PPI  

  

 

PPI “Advanced PPI ”  

PPI  

CPU PPI CPU PPI  

9.6Kbps 187.5Kbps  

PG/PC PLC  

2 “OK” Step7  

 

“OK” PG/PC Interface PC CPU 

CP5611  



3.3 CP5511/5512  

CP5511 CP5512 CP5512  

3.3.1 CP5512  

CP5512 PCMCIA 

  

 

 

 



CP5512 Step7 “Set PG/PC 

Interface … ” CP5512  

 

 

CP5512  

 

 

3.3.2 CP5512  

CP5512 Step7 



“Set PG/PC Interface … ”  

“PROFIBUS/MPI 

Network Diagnostics” CP5512  

OK  

 

 

CP5512  

 



“Error 0x031a ” “Set PG/PC Interface …”

PG/PC  

 

OK. CP5512 

“Hardware ” CP5512 

OK  

 

CP5512  



3.3.3 CP5512 Step7  

CP5512 CPU MPI Profibus CPU 

CP5512  

“SIMATIC Manager ” “Options” “Set PG/PC 

Interface…”   

 

CPU MPI S7ONLINE (STEP7) -> 

CP5512(MPI) MPI   



 

MPI MPI 

CPU MPI CPU MPI 

187.5Kbps 19.2Kbps 

PG/PC PLC  

CPU CP5512 

 

 



2 “OK” Step7  

 

“OK” PG/PC Interface PC CPU  

CPU Profibus  

S7ONLINE (STEP7) -> CP5512(PROFIBUS)  

Profibus  

 

Profibus PG/PC  

Profibus  

 

CPU DP CPU DP  

1.5Mbps 187.5Kbps  

PG/PC  



PLC MPI  

2 “OK” Step7  

 

“OK” PG/PC Interface PC CPU  

CP5512 CPU MPI DP CPU 

MPI DP “PG/PC 

Interface” S7ONLINE (STEP7) -> CP5512(Auto)

Step7 CPU 

Step7 CPU  

 

 



 

CPU 

“CP5512(Auto) ”  

CP5512 CPU200 Step7  

MicroWin Vx.x “PG/PC Interface”  

S7ONLINE (STEP7) -> CP5512(PPI) PPI 

 

 

PPI “Advanced PPI ” PPI 

CPU PPI CPU PPI 9.6Kbps 

187.5Kbps PG/PC 

PLC  



2 “OK” Step7  

 

 

“OK” PG/PC Interface PC CPU  

 

FAQ1: CP5511  

  

http://support.automation.siemens.com/CN/view/zh/11492532 

FAQ2: CP5511 CP5512 CP5611 RS232 PC-Adapter  

“Set PG/PC Interface … ”

CP5511 CP5512 CP5611 RS232 PC-Adapter “Set PG/PC 

Interface …”->“Select…”-> “Install-->”

Step7 Step7 MicroWin Simatic Net WinCC Protool  Flexible PCS7  

 

 

AS 

  

 

http://www.ad.siemens.com.cn/Service/ 

http://www.ad.siemens.com.cn/Service/recommend.asp 

AS http://support.automation.siemens.com/CN/view/zh/10805055/133000  

AS http://support.automation.siemens.com/CN/view/zh/10805055/133400  



”AS http://www.ad.siemens.com.cn/service/answer/category.asp?cid=1027 

 


